





SYSTIMAX® VisiPatch® 360 System
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Kits available in various sizes
to accommodate wall-mount

Easily removed by liffing both handles and rackmount applications 2



VP360-12U-96P

PATCH PANEL KITS ORDERING INFORMATION

MID Product ID Description Component Description Qty
760049445 | VP360-4U-32P | VisiPatch 360 4U VisiPatch 360 Back Panel 4U 1
(32 ports) Kit VisiPatch 360 Wiring Block 4
VisiPatch 360 Wiring Block Cover 4
VisiPatch 360 Connecting Block 32
VisiPatch Label Holder 4
White Label 12
760049452 | VP360-12U-96P | VisiPatch 360 12U (96 | VisiPatch 360 Back Panel 12U 1
ports) Kit VisiPatch 360 Wiring Block 12
VisiPatch 360 Wiring Block Cover 12
VisiPatch 360 Connecting Block 96
VisiPatch Label Holder 12
White Label 12
760074278 | VP360-19PNLKT | VisiPatch 360 19-Inch | VisiPatch 360 19-Inch 1U Panel 1
1U Panel Kit VisiPatch 360 Wiring Block 2
Wiring Block Cover 2
VisiPatch 360 Connecting Block 16
VisiPatch Label Holder 2
White Label 12
Screw, #12-24 x .50" 4

PATCH CORDS - GS5 ORDERING INFORMATION

Product ID Description Component Description

CPCFF32 VP360-VP360-4PC-X10D VisiPatch 360 X10D Patch Cord

CPCFF62 VP360-VP360-1PC VisiPatch 360 1-pair Patch Cord

CPCF732 VP360-GS10E-4PC-X10D VisiPatch 360 GS10E X10D Hybrid Patch Cord
CPCF312 VP360-GS8E-4PC-XL VisiPatch 360 GS8E XL Hybrid Patch Cord
CPCFF12 VP360-VP360-4PC-XL VisiPatch 360 XL 4-Pair Patch Cord

X @%

VP360-VP360-1PC

<
. Recommended label sizes for
\§<§ patch cord plugs are:
\_{j ® 3/8"Hx7/8" W for 4-pair
C o 1/2"Hx 1/4" W for T-pair
VP360-VP360-4PC-XL VP360-GS8E-4PC-XL
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VP360-12U-10VTCM

CABLE MANAGER KITS - VERTICAL ORDERING INFORMATION

Product ID Description Component Description

760060285 | VP360-12U-10VTCM | VisiPatch 360 12U VisiPatch 360 12U VTICM Door, 10" | 1

Vertical Trough 4U Spacer Module 3

Cable Mgr Kit e/w 4U Spacer Module Extender 3

Door, 10” Macro Cable/Cord Retainer 3

CABLE MANAGER KITS - HORIZONTAL ORDERING INFORMATION

MID Product ID Description Component Description Qty

760060301 | VP360-HCMKit-27 VisiPatch 360 Horizontal | 4U Back Panel Base 2

Cable Mgr Kit, 27" Horizontal CM Trough 4

Horizontal Trough Cover, 27" | 2

760060343 | VP360-HCMKit-19 VisiPatch 360 Horizontal | 4U Back Panel Base 1

Cable Mgr Kit, 19" Horizontal CM Trough 2

Horizontal Trough Cover, 19" 2

760060863 | VP360-HCMKit-29 VisiPatch 360 Horizontal | 4U Back Panel Base 1

Cable Mgr Kit, 29" Horizontal CM Trough 2

Horizontal Trough Cover, 29" | 2

760060871 | VP360-HCMKit-37 VisiPatch 360 Horizontal | 4U Back Panel Base 2

Cable Mgr Kit, 37" Horizontal CM Trough 4

Horizontal Trough Cover, 37" 2

760068106 | VP360-HCMKit-19 Rack | VisiPatch 360 Horizontal | 4U Back Panel Base 2

Rack Mount Cable Mgr Horizontal CM Trough 4

Kit 19" Horizontal Trough Cover 19" | 2

VP360-HCM-Kit-27

*Kit includes 2 Horizontal
Trough Covers
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ACCESSORIES ORDERING INFORMATION
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MID Product ID Description Component Description Qty

760060277 | VP360-CB-10 VisiPatch 360 Connecting| VisiPatch 360 Connecting Block | 10
Block, 10/pk

760060327 | VP360-RMBKT VisiPatch 360 19" Rack | 19" Rack Mounting Bracket 1
Mount Bracket

VP360-CB-10
760076943 | VP360-25PR-WB VisiPatch 360 Voice Kit | Wiring Block 2
for 25-Pair Cable Designation Cover 2
8 3 38 3 Connecting Block 14
° s PR 27 Label Holders 4
White Label 12
VP360-RMBKT

760080630 VP36O-SIDEPNL | VisiPatch 360 Side Panel | VisiPatch 360 Side Panel

I L s R
I ™ e B
owsasus oo, v | o6
owsar ocoazstn | owmpelsd | o6

108528472| 110KG3-2688L Brown Label 96

VP360-914-BIT TOOL KITS ORDERING INFORMATION

Product ID Description Component Description

760060350 | VP360-788-HEAD | VisiPatch 360 4-pair Head | 4-pair Block Punch Down Block
for 788 Tool

VP360-788-HEAD
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Guaranteed Performance Specifications for 4-Connection GigaSPEED X10D UTP Channels

Electrical Parameter Guaranteed Channel Margins to Amendment 1
to ISO/IEC 11801:2002 Class E, (1 - 500 MHz)

NEXT 1dB

ACRF 6 dB

Return Loss, PSANEXT, PSANEXTavg, PSAACRF, >0dB

PSAACR-Favg

1 Insertion Loss margin is calculated based on 12m of 95 series cordage and 88m of 91 series cable plus 4
connections. If the fotal cord length in a 100m channel has to be greater than 12m, please refer to GigaSPEED
X10D Design and Installation Guidelines for the instruction on how fo scale cable and cord length properly.

Guaranteed Channel Performance Specifications for 4-Connection GigaSPEED X10D UTP Systems

Insertion PS  Avg.PS  PS  Avg.PS PS PS PS  Return Delay
Freq Loss ANEXT ANEXT AACR-F AACR-F NEXT ACR-N NEXT ACR-F ACR-F ACR-F Lloss Delay Skew
(MHz)  (dB)  (dB)  (dB) (dB) (dB) (dB) (dB) (dB) (dB) (dB) (dB) (dB) (ns) (ns)

10| 39]670] 6925 67.0| 71.0(71.0 6881695 67.3 69.3| 68.3) 22.0| 580| 40|
| 80| 56 670| 6925 589 | 629 642 586|631 57.5 512| 50.2) 220 557| 40|
| 160] 79 | 67.0| 69.25| 529 | 569 59.2 513 |58.1 502 45.2| 44.2) 18.9| 553| 40|
| 250] 9.9 | 66.0| 68.25| 49.0| 53.0 560 461|548 449 413|403/ 19.1] 51| 40|
5000 47.8] 49.5| 5175| 23.0| 27.0 289 189273 -20.5| 155 14.5) 6.0 546| 40|

SELECT PRODUCT DIMENSIONS
Height Width Depth
Patch Panel Kits

12U (96 ports) 21.2in (53.84 cm) 8.51in (21.59 cm) 11.3in (28.7 cm)

Cable Manager Kits - Vertical

12U 21.0in (53.34 cm) 10.0 in (25.40 cm) 11.8in (29.97 cm)
ELECTRICAL SPECIFICATIONS:
Insulation Resistance | >1000 MOhms min. Fault Current Test 7 A for a minimum

of 5 seconds

TIA/EIAASO Class E,
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